
Relays, Photocells, Thermistors & Sensors
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100 Order by Phone 24/7 at 1-800-831-4242 or Online at www.Jameco.com

Y BTA = Beta    | JVP = Jameco ValuePro    |   PAN = Panasonic   |   P&B = Potter & Brumfield     

• Generate variable signal based on detection of light levels • Cadmium Sulfide (CdS) • Operating temperature: -30°C to +70°C • Soldering: 230°C for 3 seconds
Applications: Auto-focus lenses, exposure meters, contrast controls for TVs, dimmer or light switches, flame detectors, electronic toys, street lamp switches, optocouplers

Cross Rating Resistance (Ω) Size (inches) Lead Spacing Lead Length Pricing
Part No. Ref. No. Vp mW Dark Light A B (inches) (inches) 1 10 100 500

202366 CDS0029001 150 90 300k 4k 0.14 0.17 0.10 1.02 $1.69 $1.49 $1.19 $.95
120310 CDS0029004 150 90 2M 27k 0.14 0.17 0.10 1.44 1.45 1.19 1.09 .95
202391 CDS0029203 150 90 10M 5k 0.14 0.17 0.10 1.02 1.49 1.35 1.19 1.09
202382 CDS0029008 150 90 20M 10k 0.14 0.17 0.10 1.02 1.55 1.49 1.35 1.19
202420 CDS0018003 150 100 500k 16k 0.17 0.20 0.13 1.02 .79 .75 .65 .59
202403 CDS0018001 150 100 200k 3k 0.17 0.20 0.13 1.02 .59 .55 .49 .45
202411 CDS0018006 150 100 5M 80k 0.17 0.20 0.13 1.02 .75 .69 .65 .59
202438 CDS0037004 200 150 500k 15k 0.25 0.29 0.20 1.02 1.49 1.35 1.09 .95
120301 CDS0037001 200 150 300k 3k 0.25 0.29 0.20 1.02 1.79 1.59 1.45 1.09
120299 CDS0045001 350 400 300k 8k 0.37 0.43 0.30 1.44 1.79 1.59 1.45 1.29
202454 CDS0045003 350 400 1M 12k 0.37 0.43 0.30 1.44 1.75 1.69 1.49 1.35

120299

202438

A

B

CdS Photocells DWeb Code: CBG

Contact Coil Coil Resis. Coil Current Mating Socket* Pricing
Part No. YMfr. Product No. Fig. Form Contact Rating Voltage (Ω) (mA) Standard DIN Rail 1 10 50

282440 P&B KRPA-5DG-24 5 SPDT 10A @ 240VAC 24VDC 472 51 282132 282159 $21.95 $19.95 $17.95
498671 P&B KUEP-11D15-12 2 DPDT 3A @ 150VDC; 10A @ 240VAC 12VDC 80 150 282124 282175 6.95 6.25 5.65
760798 PAN HC2-H-DC12VR 8 DPDT 3A @ 30VDC; 5A @ 250VAC 12VDC 160 75 496958 282183 7.19 6.55 5.85
139766 BTA BTA6-2C-J-CW-12VDC 4 DPDT 10A @ 28VDC; 12A @ 120VAC 12VDC 120 10 141145 141145 8.95 7.95 6.95
172719 JVP LB2-1205-RR 3 DPDT 12A @ 30VDC; 12A @ 240VAC 12VDC 160 75 175531 282191 5.95 4.69 4.19
282255 P&B K10P-11D15-12R 1 DPDT 15A @ 30VDC; 15A @ 120VAC 12VDC 160 75 282191 282191 7.25 6.65 6.15
175565 JVP LB2-24DS-RR 3 DPDT 12A @ 30VDC; 12A @ 240VAC 24VDC 650 37 175531 282191 6.25 4.75 4.25
282263 P&B K10P-11D15-24R 1 DPDT 15A @ 30VDC; 15A @ 120VAC 24VDC 650 37 282191 282191 7.49 6.85 6.29
175573 JVP LB2-110ASR 3 DPDTG 12A @ 30VDC; 12A @ 240VAC 110VAC 3,900 28 175531 282191 6.89 6.19 4.95
139740 BTA BTA1-2C-120VACR 4 DPDT 10A @ 28VDC; 12A @ 120VAC 120VAC 2,250 122 141145 141145 8.95 7.95 6.95
282343 P&B KRPA-11AG-120R 5 DPDTG 10A @ 240VAC 120VAC 2,250 17.5 282132 282159 12.79 10.65 9.85
282378 P&B KRPA-11DG-12R 5 DPDTG 10A @ 240VAC 12VDC 120 100 282132 282159 11.69 10.49 9.75
282386 P&B KRPA-11DG-24R 5 DPDTG 10A @ 240VAC 24VDC 472 51 282132 282159 11.95 10.95 9.95
301073 P&B KRPA-11DG-110R 5 DPDTG 10A @ 240VAC 110VDC 10,000 11.5 282132 282159 14.95 13.49 12.15
282247 P&B K10P-11A15-120R 1 DPDT 15A @ 30VDC; 15A @ 120VAC 120VAC 3,900 11 282191 282191 7.55 6.85 6.25
301170 P&B KRPA-14AY-120R 5 3PDTY 5A @ 120VAC; 3A@240VAC 120VAC 2,250 8.75 282141 282167 24.95 22.49 19.95
282503 P&B KUP-14D15-24 6 3PDT 10A @ 28VDC or 240VAC 24VDC 472 51 282124 282175 12.29 11.49 10.75
301217 P&B KRPA-14DN-24 5 3PDT 10A @ 28VDC; 6A @ 250VAC 24VDC 472 51 282141 282167 14.95 13.95 12.95
498072 P&B KHAU-17D11-6 7 4PDT 3A @ 28VDC; 3A @ 120VAC 6VDC 40 150 496958 282183 6.45 6.05 5.59
282280 P&B KHAU-17A11-24R 7 4PDT 3A @ 120VAC/28VDC (max) 24VAC 160 52 496958 282183 6.95 6.25 5.59
282301 P&B KHAU-17D11-12R 7 4PDT 3A @ 120VAC/28VDC (max) 12VDC 160 100 496958 282183 6.65 6.49 6.19
282319 P&B KHAU-17D12-24R 7 4PDT 5A @ 120VAC/28VDC (max) 24VDC 650 52 496958 282183 6.95 6.55 6.15
291507 JVP LB4H-120-RR 3 4PDT 5A @ 30VDC; 5A @ 240VAC 12VDC 160 75 175557 175557 4.95 4.49 3.95
175602 JVP LB4H-24DS-RR 3 4PDT 5A @ 30VDC; 5A @ 240VAC 24VDC 650 37 175557 175557 5.19 4.69 4.19
175611 JVP LB4H-110AS-RR 3 4PDTG 5A @ 30VDC; 5A @ 240VAC 110VAC 3,900 28 175557 175557 4.69 4.59 4.45

* For sockets see below            G = Silver-cadmium oxide, no lamp               Y = Silver contacts, no indicator lamp

General Purpose Blade and Octal Relays
• UL/CSA approved
• Industry standard termination for quick installation
• Wide range of coil voltages for industrial and commercial applications Fig. 1 Fig. 2 Fig. 3

DWeb Code: ACF
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NTC Thermistors
• Typical applications: temperature measurement/control/compensation; 

power supply fan control; PCB temperature monitoring
• Max. allowable power (@ 250°C): 0.55W
• Thermal dissipation factor: 6.5mW/°C (@ 250°C)
• Resistance value allowable difference: 10%

Resistance B Constant Temp. Coef. Pricing

Part No. Product No. (Ω @ 25°C) (25/50°C >10%) @ 25°C (%/°C) 1 10 100
207521 NTC-101R 100 3100 -3.5 $.49 $.39 $.35
207511 NTC-201 200 3100 -3.5 .49 .39 .35
207483 NTC-102R 1k 3800 -4.3 .49 .39 .35
207466 NTC-302 3k 3900 -4.4 .49 .39 .35
207441 NTC-502R 5k 3900 -4.4 .49 .39 .35
207037 NTC-103R 10k 4100 -4.6 .49 .39 .35
207002 NTC-503R 50k 4200 -4.7 .49 .39 .35
206991 NTC-104R 100k 4400 -4.9 .49 .39 .35
206982 NTC-1204R 200k 4500 -5.1 .49 .39 .35

DWeb Code: RBG

Reed-Based Magnetic Proximity Sensors
• Hermetically sealed contacts     • Zero power consumption
• Contact resistance: 0.2Ω max.  • Suitable for AC/DC circuits
• Breakdown voltage: 200VDC min.   • SPST NO
• Operating temp. range: -40˚C to 105˚C
• Max. switching voltage: 175VDC @ 0.5A • Typical op. time: 0.6ms     
Part No. Mfr. Part No. Power 1 10 25

482417 AS201901 10-watt ................................................. $2.95 $2.65 $2.39
513359 MP201901 10 watt  ................................................... 2.95 2.65 2.39

Digital Vane Speed & Proximity Sensor
• Operating voltage range: 4.5-24VDC    • Output current: 25mA max.
• Reverse battery protection to -24VDC  • Oper. temp.: -40˚C to 85˚C
• Open collector output compatible w/ all logic families
• Sensor body material: glass filled polyester • Output: 3-wire sink
Part No. Product No. Termination Pins Supply Current 1 10 25

577598 VN101503 24AWG x 150mm 6mA max ................ $5.95 $5.35 $4.79

R  RoHS compliant product     + This product is available in both RoHS and non-RoHS versions. Add an “R” before part number for RoHS version.     Details on page 190.




