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Micro Round Speakers
Dimensions Input (W) Impedance Magnet Size Output Frequency Pricing

Part No. Product No. (Dia." x D") Nom. Max. (Ω) (Dia." x H") SPL (dB) Range (Hz) 1 10 100

307871 GC0401M 1.57 x 0.67 0.2 0.3 8 0.71 x 0.43 80 600 – 8000 $1.95 $1.75 $1.49
2081191 5000375-00 2.00 x .342 0.2 1.5 8 0.631 x 1.14 85 600 – 3000 1.75 1.49 1.25
1956590 TR-050F-R 2.00 x 0.7 0.5 1.0 16 1.25 x .335 85 500 – 5000 1.95 1.75 1.49
138861 GC0201 0.8 x 0.169 0.1 0.2 32 0.26 x 0.06 78 800 – 7000 1.25 .95 .75
355514 YGD40A-50 1.57 x 0.40 0.5 1.0 50 0.72 x 0.43 89 600 – 5200 2.49 2.25 1.95

Alnico Round, Square and Rectangular Speakers
• For computer case use    • Paper diaphragm    • Wide frequency response    • Pre-tinned solder lugs    • Large magnet

Dimensions Input Impedance Output Frequency Magnet Size Pricing
Part No. Product No. Fig. (Dia." x D") Nom (W) Max (W) (Ω) SPL (dB) Range (Hz) (Dia." x H") 1 10 100

135765 RA2425 1 2.2 x 0.8 0.25 0.5 8 87 400 – 4000 0.5 x 0.4 $1.59 $1.45 $1.09
88411 A0200R 1 2.0 x 0.8 0.2 0.4 8 87 430 – 4500 0.5 x 0.4 2.29 1.95 1.75
111588 B0102R 2 1.7 x 0.6 0.1 0.3 8 83 500 – 5500 0.5 x 0.4 2.29 1.85 1.55
135812 A1527C02R 3 1.6 x 2.8 x 1.2 2.0 5.0 8 82 450 – 20000 0.5 x 0.5 4.85 4.09 3.65
2077301 25S9024 1 2.25 x 0.77 0.2 0.2 8 90 450 – 4000 .87 x .77 1.95 1.75 1.55
1954834 NMB-0030†† 1 1.8 x 0.5 0.5 1.0 8 87 550 – 6000 0.9 x 0.2 2.89 2.69 1.95
2081676 FM009A** 2 4.0 x 1.6 15.0 30.0 8 102 900 – 6000 2.75 x 7.3 4.95 4.49 3.95
1950972 I-826-219* 4 8.2 x 2.2 x 2.0 1.0 13.0 8 95 30 – 20000 1.5 x 2.8 9.95 7.95 5.95
2081220 TP-252† 1 2.6 x 0.875 0.5 1.0 16 89 400 – 4000 .87 x 0.5 2.95 2.49 1.95
1954826 R11-49† 2 2.9 x 1.2 0.5 1.0 16 89 300 – 7500 0.9 x 0.4 2.95 2.69 1.95
1954842 609-0033† 3 3.6 x 2.0 x 1.5 1.0 3.0 16 89 200 – 3000 0.9 x 0.7 3.49 2.95 2.49
1954851 R-A162† 2 4.0 x 1.5 1.0 2.0 16 89 200 – 3500 0.9 x 0.6 3.79 3.39 2.79
307820 UF1082 5 1.73 x 0.275 0.5 1.0 40 80 200 – 6000 0.8 x 0.056 2.95 2.65 2.39

*Sony LCD plasma replacement speaker (actual size: 6"H x 2.15"W x 1.94"D) **Indoor/outdoor mylar diaphragm (closed back)    
† With wire leads  †† Pair of wire leads (2) 11"/10"      

Flat Element, Square Speakers
• Excellent for alarms or other voice uses     • Stainless steel diaphragm

Dimensions Input Impedance Output Frequency Element Size Pricing
Part No. Product No. (Dia." x D") Nom (W) Max (W) (Ω) SPL (dB) Range (Hz) (Dia." x H") 1 10 100

34025 GSP02-RR 1.2 x 0.2 0.4 0.8 8 70 1300 – 8000 1.2 x 0.1 $2.25 $1.95 $1.49
76030 AZ40S 1.6 x 0.2 0.4 0.8 8 70 600 – 6000 1.6 x 0.1 1.95 1.49 1.25
673766 AZ50S 1.9 x 0.2 0.4 0.8 8 70 500 – 6000 1.9 x 0.1 1.75 1.49 1.19
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Square Ferrite Speakers
• Pre-tinned speaker lugs   • Large magnet   • Anodized metal surfaces   • Braided copper voice coil leads   • Paper diaphragm

Dimensions Input (W) Impedance Output Frequency Magnet Size Pricing
Part No. Manufacturer Product No. (Dia." x D") Nom. Max. (Ω) SPL (dB) Range (Hz) (Dia." x H") 1 10 100

99996 Various FEB204R 2.6 x 0.9 3.0 4.0 4 95 300 – 14000 1.8 x 0.5 $2.69 $2.39 $2.05
135694 Various FEB200R 2.0 x 0.7 0.2 0.3 8 82 500 – 6000 1.3 x 0.5 1.95 1.79 1.59
1954818 Various TQ-100F-R 4.0 x 1.4 6.0 8.0 8 97 800 – 10000 1.8 x 0.5 3.95 3.59 2.95
31959 Various FEB216R 2.6 x 0.8 0.2 0.4 16 85 330 – 8000 1.3 x 0.5 2.69 2.39 2.15
249463 Various 66SF25 2.6 x 0.8 0.3 0.5 25 10 320 – 4000 1.3 x 0.5 2.49 2.09 1.59

Round Ferrite Speakers
• Pre-tinned speaker lugs   • Large magnet • Anodized metal surfaces • Paper diaphragm • Braided copper voice coil leads

Dimensions Input (W) Impedance Output Frequency Magnet Size Pricing
Part No. Manufacturer Product No. (Dia." x D") Nom. Max. (Ω) SPL (dB) Range (Hz) (Dia."  x H") 1 10 100

320135 Various C35128A† 2.0 x 0.7 0.2 0.4 8 83 420 – 5000 1.3 x 0.4 $1.49 $1.25 $1.09
135589 Various FE200 2.0 x 0.7 0.2 0.4 8 83 420 – 5000 1.3 x 0.4 2.45 2.05 1.85
320362 Various TR-050F 2.0 x 0.7 0.25 0.5 8 86 320 – 4000 1.3 x 0.4 2.55 1.95 1.49
10840 Various FE201 2.2 x 0.7 0.2 0.4 8 88 400 – 4500 1.3 x 0.4 1.95 1.69 1.55
2081254 Star FR-05202-01 2.0 x 1.15 3 5 8 85 100 – 5000 1.6 x 0.5 2.49 2.25 1.95
1954800 Regal R-F163† 3.0 x 1.3 1.5 3.0 16 89 200 – 3000 1.8 x 0.4 2.95 2.69 1.95
2081844 Various 20-220-NSR† 2.0 x 0.7 1 2 50 86 300 – 3000 1.26 x 0.4 2.95 2.69 1.95
† With lead wires
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Omni-directional Electret Condenser Microphone Cartridges
• Modems for computers             • Used for recording, testing, and monitoring
Applications: Tape recorders, intercoms, hearing aids, telephone and answering devices, sonic controlled toys and sensors

Frequency Max. Op. Stand Op. Max. Sensitivity S/N Size Pricing
Part No. Manufacturer Product No. Sensitivity (Hz) Volt. Volt. Current Reduction Ratio Impedance Terminals (H x Dia.) 1 10 100 1000

1950948 SPK Electronic EM-4F-31 -60 ±3dB 50-16,000 10VDC 3.0VDC 0.5mA -3dB @ 3V >58dB >2.2kΩ PC pin leads .27" x .39" $.89 $.79 $.69 $.59
136574 ValuePro WM-60PCR -54 ±2dB 20-12,000 12VDC 4.5VDC 0.5mA -3dB @ 3V >40dB >2.2kΩ PC pin leads .30" x .38" .95 .89 .75 .59
320179 Various EM-99R -64 ±2dB 20-12,000 12VDC 4.5VDC 0.5mA -3dB @ 3V >40dB >2.2kΩ PC pin leads .27" x .39" .85 .75 .69 .65
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DWeb Code: QBW

R  RoHS compliant product     + This product is available in both RoHS and non-RoHS versions. Add an “R” before part number for RoHS version.     Details on page 190.




