Ol w5 AC-to-DC Regulated Switching Table-Top Power Supplies

AC-to-DC Regulated Switching Table-Top Power Supplies (Continued)

We are happy to change the power plug on any listed table-top power supply to a connector of your choice (see pg 126) for just $2.50 each. A 100 pc. minimum order applies.

d
International Power Cords
243012 / 297757 1537125 1707083 / 229032 /

* Polarity 1 @—G—@ (center negative) @ A\ @
Polarity 2 O—(=—® (center positive) \‘ = cec -
Female(F) Male(M) Female (F) Male (M) DIN (M) ce
: Output : Output Connector Output
Manufacturer | Volts (VDC)/ ! 1D x OD mm Input Pwr | LED Size Cords™ | Wt. Agency Pricing
Part No. Manufacturer Part No. ! Current (A) ! Female/Male; Polarity ¢ VAC@Hz (W) | Ind. | (L"xW"xH") |(DC/AC)|(Ibs.)|  Approvals 1 10 50 100
3-Wire AC Input — Regulated Switching T ontinued)
2078291 Mean Well# GS90A12-P1M 1 +12/6.67 4 2.5mm x 5.5mm F2 100-240@50-60 | 80 | Yes | 57x2.3x1.3| 472 |09 |UL/CUL/TUV/CEC | $69.95 | $62.95 | $56.95| $49.95
221429 Mean Well# UB5S105-P2JU 1 +12/6.7 1 2.4mm x 5.5mm F 2 100-240@50-60 | 80 | Yes | 6.6x3.1x1.8| 66" | 2.0 | UL/CUL/TUV/CE | 69.95| 62.95| 56.95| 49.95
1940846 Mean Well% AS-120P-12 : 12584 4-pin DIN M 100-240@50-60 | 100 | No | 6.6x2.6x1.4| 4/2 |12 | U/CULTUV/CE | 79.95| 71.95| 64.95| 59.95
1954261 Mean Well2 GS15A-4P1J : +15/1.0 : 2.1mm x 5.5mm F 2 100-240@50-60 15 No | 31x23x1.3| 672 |05 |ULCUL/TUV/CEC| 19.95| 17.95| 15.95| 14.49
1940432 Mean Well? GS18A15-P1JU : +15/12  }2.Ammx5.5mm F2 100-240@50-60 18 | Yes | 3.7x2.1x1.4| 6'/6' | 0.5 |UL/CUL/TUV/CEC| 22.95| 20.49| 18.95| 16.95
1940619 Mean Well2 GS25A15-P1J | +15/1.66 1 2.4mm x 5.5mm F 2 100-240@50-60 | 25 No | 37x21x1.4| 672 |05 [ULCUL/TUV/CEC| 24.95| 22.49| 19.95| 17.95
380542 Mean Well# ES25A15-P1MU : +15/1.66 ) 2.5mm x 5.5mm F 2 90-264@47-63 25 | Yes | 3.7x21x14| 66" | 0.6 | UL/CSA/TUV/CE | 24.95| 22.49| 19.95| 17.95
243012 Mean Well? ¢ P30A-41P2JU | +15/1.8 12.1mm x 5.5mm F 2 100-240@50-60 | 27 | Yes | 42x26x1.4| 66" | 0.8 | UL/CUL/TUV/CE | 29.95| 26.95| 23.95| 21.95
221577 Mean Well% GS40A15-P1J | +15/2.67 |2.1mmx5.5mm F2 90-264@50-60 40 | Yes | 49x2.0x13| 672 | 0.8 |UUCULTUV/CE/CEC| 34.95| 34.49| 28.95| 25.95
391743 Mean Wells? o P66A-4P2JU : +15/44 | 2.1mm x 5.5mm F 2 100-240@50-60 | 66 | Yes | 5.8x3.0x1.7| 6'/6' | 1.2 | UL/CSA/TUV/CE | 39.95| 35.95| 32.49| 28.95
2078320 Mean Well? GS90A15-PIM | +15/6.0 : 2.5mm x 5.5mm F 2 100-240@50-60 | 90 | Yes | 57x23x1.3| 3972 | 0.8 | UUCULTTUV/CEC | 49.95| 44.95| 39.95| 35.95
1940854 Mean Well#2 AS-120P-15 : +15/6.7 | 4-pin DINM 100-240@50-60 | 100 | No | 6.6x2.6x1.4| 4/2 |12 | U/CUL/TUV/CE | 79.95| 71.95| 64.95| 57.95
379841 Mean Well# ¢ ES25A18-P1JU | +18/1.38 : 2.1mm x 5.5mm F 2 90-264@47-63 25 | Yes | 3.7x21x14| 66" | 0.6 | UL/CSA/TUV/CE | 19.95| 17.95| 15.95| 14.49
243046 Mean Well# P66A-5P2JU : +18/3.66 |} 2.1mm x 5.5mm F 2 100-240@50-60 | 66 | Yes | 5.8x3.0x1.7| 66" | 1.2 | ULCUL/TUV/CE | 44.95| 40.95| 36.95| 32.95
148267 AcBell AP13AD02 v +19/3.42 : 2.5mmx5.5mmF 2t | 100-240@50-60 | 65 No | 42x18x1.1| 673 |08 | U/CULTUV/CE | 39.95| 35.95| 32.95| 28.95
1954279 Mean Well2 GS15A-6P1J : +24/0.62 : 2.1mm x 5.5mm F 2 90-264@47-63 12 No | 39x23x1.3| 672 |04 |ULCULTUV/CEC | 22.95| 20.49| 18.95| 16.95
1940459 Mean Well? GS18A24-P1J : +24/0.75 : 2.1mm x 5.5mm F 2 100-240@50-60 18 | Yes | 37x21x14| 672 |05 |ULCULTUV/CEC| 24.95| 22.49| 19.95| 17.95
1940635 Mean Well#2 GS25A24-P1JU | +24/1.04 1 2.1mm x 5.5mm F 2 100-240@50-60 | 25 No | 3.7x21x14| 6/6' | 0.5 |UL/CUL/TUV/CEC| 26.95| 23.95| 21.49| 18.95
380577 Mean Well# ES25A24-P1IMU : +24/1.04 : 2.5mm x 5.5mm F 2 100-240@50-60 | 25 | Yes | 3.7x21x1.4| 66" | 0.6 | UL/CSA/TUV/CE | 26.95| 23.95| 21.49| 18.95
1940230 EDAC, Inc.&# EA1030D2 ! +24/1.25 ! 2.1mm x 5.5mm F 2 100-240@50-60 | 30 | Yes | 3.9x1.8x1.2| 4/' |05 | U/CUL/TUV/CE | 22.95| 19.95| 17.95| 15.95
229026 Phihong? PSC30U-240-R : +24/1.25 : 2.1mm x 5.5mm F 2 100-240@50-60 | 30 No | 45x24x1.4| 672 |05 | U/CUUTUV/CE | 29.95| 26.95| 23.95| 21.95
1952353 Mean Well? GS40A24-P1J : +24/1.67 : 2.1mm x 5.5mm F 2 90-264@47-63 40 Yes | 49x2.0x12| 672 |07 |UL/CUL/TUV/CEC| 31.95| 28.95| 25.95| 22.95
1537256 Ault PW125RA2403F2 0 +2411.7 : 2.5mm x 5.5mm F 2 100-250@50-60 | 41 Yes | 3.9x26x1.7| 672 |07 | UUCUL/TUV/CE | 24.95| 22.49| 19.95| 15.95
297757 Mean Well#2 P40A-6P2MU 1 +24/1.7 1 2.5mm x 5.5mm F 2 100-240@50-60 | 40 | Yes | 43x26x1.4| 66" | 0.7 | UUCUL/VDE/CE | 34.95| 31.49| 28.95| 25.95
1940281 EDAC, Inc.&# EA1050D E +24/2.08 E 2.1mm x 5.5mm F 2 100-240@50-60 | 50 | Yes | 47x2.4x1.4| 4/2 |06 |UL/CUL/TUV/CEC| 24.95| 22.49| 19.95| 17.95
1537125 EDAC, Inc.&# EA1050B-240 1 +24/25 12immx5.5mmF2 100-240@47-63 60 | Yes | 48x24x14| 672 |18 | UUCUL/TUV/CE | 36.95| 32.95| 25.95| 25.45
1942788 EDAC, Inc.# EA1050B240 i +24/2.5 ' 2.1mm x 5.5mm F 2 100-240@50-60 | 60 | Yes | 4.8x2.4x14| 672 | 1.8 |UUCULTUV/ICE/CEC| 29.95| 26.95| 23.95| 21.49
1952214 Mean Well? GSB0A24-PIIUBO | +24/2.5 i 2.1mm x 5.5mm F 2 90-264@47-63 60 | Yes | 49x2.0x1.3| 67/6' | 0.7 | U/CUL/TUV/CEC | 39.95| 35.95| 32.95| 29.95
161606 Mean Well? SPU50-6U-R : +24/25 1 2.1mmx5.5mm F 2 100-240@47-63 | 60 | Yes | 56x29x1.6| 66 | 1.3 | UL/CSA/TUV 49.95| 44.95| 39.95| 35.95
1950913 EDAC, Inc.# EA1050B-240-1 1  +24/2.5 1 2.5mm x 5.5mm F 2 100-240@50-60 | 60 | Yes | 48x24x14| 6/2 |18 | U/CUL/TUV/CE | 39.95| 35.95| 32.49| 28.95
355056 ReliaPro2 JR-TT-66-24 : +24/2.75 } 2Amm x 5.5mm F 2 100-240@50-60 | 66 | Yes | 5.8x3.0x1.7| 672 |12 | U/CUL/TUV/CE | 44.95| 40.95| 36.95| 32.95
2078338 Mean Well# GSI0A24-PIM |  +24/3.75 1 2.5mm x 5.5mm F 2 100-240@50-60 | 90 No | 59x23x1.2| 4'/2|09 | UU/CULTUV/CEC | 59.95| 53.95| 47.95| 43.95
1940871 Mean Well% AS-120P-24 : +24/50 } 2.5mm x 5.5mm F 2 100-240@50-60 | 120 | No | 6.6x2.6x1.4| 4'/2 |12 | U/CUL/TUV/CE | 69.95| 62.95| 56.95| 49.95
1707083 Mean Well ES18A28-P1J | +28/0.64 1 2.4mm x5.5mm F 2 100-264@47-63 18 | Yes | 37x21x14| 672 |05 |ULUCULTUV/CB/CE| 14.95| 13.49| 11.95| 10.95
1940643 Mean Well? GS25A28-P1JU |  +28/0.89 1 2.4mm x 5.5mm F 2 100-240@50-60 | 25 No | 3.7x21x1.4| 66" | 0.7 [UL/CUL/TUV/CEC| 29.95| 26.95| 23.95| 21.95
1940475 Mean Well#2 GS18A48-P1JU : +48/0.37 § 2.4mm x 5.5mm F 2 100-240@50-60 18 No | 3.6x21x14| 6/6' | 0.5 |UL/CUL/TUV/CEC| 24.95| 22.49| 19.95| 17.95
379903 Mean Well ES25A48-P1JU | +48/0.52 1 2.4mm x 5.5mm F 2 100-240@50-60 | 25 No | 3.7x21x14| 6/6' | 05 | UL/CUL/TUV 19.95| 17.95| 15.95| 13.95
1940651 Mean Well# GS25A48-P1J : +48/052 } 2.1mm x 5.5mm F 2 100-240@50-60 | 25 No | 37x21x1.4| 672 |05 |UJ/CULTUV/CEC | 27.95| 24.95| 22.95| 19.95
380606 Mean Well% ES25A48-PIMU |  +48/0.52 1 2.5mm x 5.5mm F 2 100-240@50-60 | 25 | Yes | 3.7x21x1.4| 66" | 0.6 | UUCSA/TUV/CE | 19.95| 17.95| 15.95| 13.95
215088 Mean Well? o P30A-8P2JU : +48/0.56 } 2.1mm x 5.5mm F 2 100-240@50-60 | 27 | Yes | 43x2.6x1.4| 6'/6' | 0.7 | UUCSATUV/CE | 29.95| 26.95| 23.95| 21.95
229032 Phihong+ PSA31U-480 | +48/0.63 1 2.mm x 5.5mm F 2 90-264@47-63 30 No | 45x24x16| 672 |05 | UJ/CULTUV/CE | 29.95| 26.95| 23.95| 21.95
221584 Mean Well? ¢ P40A-8P2JU | +48/0.8 1 2.4mm x 5.5mm F 2 100-240@50-60 | 40 | Yes | 43x26x1.4| 66" | 0.8 | U/CULTUV/CE | 34.95| 31.49| 28.95| 25.95
221585 Mean Well# GS40A48-P1J | +48/0.84 1 2.1mm x 5.5mm F 2 100-240@50-60 | 40 | Yes | 49x20x13| 66" | 0.8 | ULCUL/TUV/CE | 39.95| 35.95| 32.95| 29.95
172065 Mean Well# SPU50-9U 1 +48/1.25 1 2.1mm x 5.5mm F 2 100-240@50-60 | 60 | Yes | 56x29x17| 6/6' | 1.3 | UL/CSA/TUV 49.95| 44.95| 39.95| 35.95
1952396 Mean Well% GS60A48-P1JU : +48/1.25 1 2.1mm x 5.5mm F 2 90-264@47-63 60 | Yes | 49x2.0x1.2| 676" | 0.7 [UUCULTUV/CE/CEC| 49.95| 44.95| 39.95| 35.95
376615 Mean Well? PB6A-8P2JU 1 +48/1.37 1 2.1mm x 5.5mm F 2 100-240@50-60 | 66 | Yes | 5.8x3.0x1.7| 6'/6' | 1.2 | ULCSATUV/CE | 59.95| 53.95| 47.95| 42.95
379681 Mean Well? P66A-8P2MU ! +48/1.37 }2.5mm x 5.5mm F 2 90-264@47-63 66 | Yes | 58x3.0x1.7| 6/6' | 1.2 | UUCSATUV/CE | 59.95| 44.95| 47.95| 42.95
3-Wire AC Input — Regulated Switching Table-Top — Doub

196270 ReliaPro<? PSU25A13 1+5/2.5, +12/1.0 4-pin mini DIN M 100-240@47-63 25 No | 42x26x14| 6/4' | 1.2 | UUCULTUV/CE | $32.95| $29.95| $26.95 | $23.95
221720 Mean Well2 P25A14E-R1BU 1+5/25, +16/0.3! 5-pin DIN M 100-240@50-60 | 25 | Yes | 43x2.6x1.4| 6'/6' | 0.8 | U/CUL/TUV/CE | 34.95| 31.49| 28.95| 25.95
* See accessory table-top power cord chart on page 122 when AC cord needed:; refer to 17 Zor 3in “Cord (DC/AC)” column above for correct power cord T Right Angle
¢ CEC Equivalent available. Add an “C” before part number for CEC version. CEC

3-Wire Regulated Table-Top Power Supplies continued on next page

* For Complete Specs & Additional Product Listings Search www.Jameco.com/More and Enter Web Code Listed Above ‘

3 LEVELS OF SAVINGS

NAME HOUSE || FACTORY
BRANDS || BRANDS | OVERRUN

Order by Phone 24/7 at 1-800-831-4242 or Online at www.Jameco.com 125






