
Part No. Mfr. P/N Range Size (W"xH"xD") 1 10

316603 AVM6015 0 – 15VDC 2.4 x 1.8 x 1.3 .... $9.95 $8.95
316671 AVM7015 0 – 15VDC 2.8 x 2.4 x 1.4 ...... 9.95 8.95
316638 AVM6030 0 – 30VDC 2.4 x 1.8 x 1.3 ...... 9.95 8.95
316654 AVM7030 0 – 30VDC 2.8 x 2.4 x 1.4 ...... 9.95 8.95
316718 AVM60150 0 – 150VAC 2.4 x 1.8 x 1.3 ...... 9.95 8.95
316785 AVM60300 0 – 300VAC 2.4 x 1.8 x 1.3 ...... 9.95 8.95
315301 AIM60005 0 – 50µA 2.4 x 1.8 x 1.3 ...... 9.95 8.95
316523 AIM6050 0 – 50mA 2.4 x 1.8 x 1.3 ...... 9.95 8.95
316486 AIM60100 0 – 100mA 2.4 x 1.8 x 1.3 ...... 9.95 8.95
316558 AIM60500 0 – 500mA 2.4 x 1.8 x 1.3 ....... 9.95 8.95
316566 AIM60500 0 – 5A 2.4 x 1.8 x 1.3 ...... 9.95 8.95
316582 AIM705000 0 – 5A 2.8 x 2.4 x 1.4 ...... 9.95 8.95
316494 AIM6010A 0 – 10A 2.4 x 1.8 x 1.3 ...... 9.95 8.95
316507 AIM6030A 0 – 30A 2.4 x 1.8 x 1.3 .... 12.95 11.65

Analog Panel Meters
• Includes mounting hardware        • 316507: Includes current shunt

316523

0.6" High 31⁄2 & 41⁄2-Digit LCD Digital Panel Meters

• Input ranges: 200mV, 20V, 200V, 500V • Input impedance: >100MΩ
• Accuracy: ±0.5% • Size: 2.7"W x 1.7"H
• Supply voltage: 8-12VDC (recommend 

9V battery P/N 151095, above right)
• Automatic polarity indication
Part No. Cross Ref. No. Description 1 10 25

108388 PM-428 31⁄2-digit (no bezel, snap mount) ...... $10.95 $9.95 $8.95
175951 PM-128 31⁄2-digit (bezel, screw mount) ........... 12.95 11.65 10.49
146835 PM-188BL 31⁄2-digit (with backlight display) ........ 14.95 13.45 11.95
123140 PM-328 41⁄2-digit (bezel, screw mount) ........... 29.95 26.95 24.25

316603
DWeb Code: WBU

DWeb Code: YBQ

198791

Alkaline
Part No. Size 1 10
198731 9-volt Energizer® ...................... $2.05 $1.85
198791 9-volt Duracell® .......................... 2.95 2.65
150965 4.5V @ 600mAH Rayovac® ......... 9.95 8.95
215845 3.6V D-cell Energizer® ................ 1.15 1.05

Part No. Size Min 1 40 100
198707 AA Energizer® † 4 ..... $.79 $.69 $.65
115432 AAA Duracell® †† 2 ....... .69 .59 .49
198715 AAA Energizer® † 4 ....... .69 .59 .55
†Sold in multiples of 4 ††Sold in multiples of 2

198731
198707215845 198715

Energizer®, Duracell® & Rayovac® Alkaline Batteries

®

®

Energizer® and the Energizer Bunny®

are registered trademarks of the
Eveready Battery Company, Inc.

150965

Silver Oxide and 
Zinc Chloride Batteries

Applications: personal 
computers, workstations, 
test equipment, feature 
telephones, copiers, fax 
machines, video scramblers/
descramblers and remotes.

Part No. Cross Ref. Description 1 10

140783 357 Silver oxide,  ............. $1.55 $1.39
button

151095 GF6F22 Zinc chloride, 9V ......... 1.35 1.19

DWeb Code: NBF

140783 151095

Compact Battery Tester
Simply lift the swivel arm of this battery between the contacts
and it will provide you a voltage measurement of your
batteries. Tests AAA, AA, C, D, 9V and button cell batteries.

Part No. Mfr. Part No. 1 10

239556 BATTEST................................................................................. $3.75 $3.39

Automatic Lead Acid Battery Chargers
• Safely charge and maintain lead acid batteries without supervision
• Safe for gel cell batteries • Extends battery life
• Multi-stage charging circuit prevents batteries from overcharging
• High frequency MOSFET switching design
• Input voltage: 98 to 132VAC @ 50/60Hz
• Short-circuit, overload, and reverse polarity protection
• Analog amp meter        • Output banks: 3          � Blue Part No. = Limited Quantity Available

Part No. Mfr. Part No. Output Volt. Size (L"xW"xH") Wt. (lbs.) 1 10

673416 SEC-1215A 13.5VDC@15A 8.5 x 8.4 x 3.3 4.8 .......... $145.95 $131.95
673432 SEC-2415A� 27.0VDC@15A 10.8 x 8.4 x 3.3 6.4 ............ 239.95 215.95

673416

DWeb Code: ABC

Compact Charger with Two 9V NiMH Batteries
• 120VAC 2-watt wall mount
• LED charge indicator per battery
• Trickle charges overnight at 16mA per battery 
Includes: Two 160mAh 9V batteries
Part No. Mfr. Part No. 1 10 25

2081684 1000-077 ........................................................... $8.95 $7.95 $6.95

Universal NiCd/NiMH Charger
• Recharge batteries individually or as a group
• Fast charging in the specified period 

with an automatic switch for trickle charge     
Part No. Mfr. Part No. Compatible Battery 1 10 25

231132 CHG-6P AAA, AA, C, D, 9V ........... $19.95 $17.95 $15.95

DWeb Code: PBF

Panel Meters 

EM Series Panel Meters
• Splashproof
• Mount by simply drilling a 

single hole (7/32") and 
insert the threaded section 
of the panel meter

• Module size: 1.71"L x 0.84"W

Part No. Mfr. Part No. Description Digit Ht. Supply Volt. Measrmt. Range 1 10 25

2095040 EMV 1200 3-digit, signal pwrd, LCD voltmeter .50" 3-50VDC 4-25VDC ......... $33.95 $30.95 $27.95
2095058 EMT 1900 31⁄2-digit, LCD thermometer .50" 4-28VDC 14-122˚F ........... 33.95 30.95 27.95
2095074 EMC 1500 5-digit, LCD hour meter .35" 5-27VDC 99999 hours ..... 33.95 30.95 27.95
2095082 EMA 1710 Analog-style LCD panel meter — 5-12VDC 0-1VDC ............. 33.95 30.95 27.95

2095040 2095058 2095074 2095082

Panel Meter
Mounting (Front)

Panel Meter
Mounting (Back)

123140108388 175951 146835

Receive an additional 20% off all items in the Tech Center the THIRD
TUESDAY of EVERY MONTH!  Save big on Takedown Tuesdays!

www.Jameco.com/TechCenter

Batteries, Battery Chargers & Tester
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146 Order by phone 24/7 at 1-800-831-4242 or online at www.Jameco.com

R  RoHS compliant product     + This product is available in both RoHS and non-RoHS versions. Add an “R” before part number for RoHS version.     Details on page 190.




