Miscellaneous Tools & Accessories

3 LEVELS OF SAVINGS

NAME HOUSE FACTORY
BRANDS || BRANDS || OVERRUN

Automatic Center-Punch Tool
Adjustable

 Precision instrument
« Alloy steel point
* Knurled steel body

Nibbling Tool

« Perfect for cutting,
trimming, or notching
sheet metal up to 18 AWG

 Time-saver when working
on prototyping, chassis,

¢ Size: 5.0"L x 0.5"Dia. DO 18810
- and circuit boards
Part No. Description 1 10« Minimum .375" hole required e Size: 7.8'L
160282 Center pUnCh L1010] $595 $549 Part No. Mfr. P/N_Description 1 10
18810 HT204  Nibbling to0lS ........ $7.95  $6.95
Impact Punch-Down Tools 29331 HT204B  Replace. bit & ............ 3.95 3.55

* Reversible clip-in blade
¢ Adjustable (HI-LO) spring-loaded
impact mechanism
 Storage bin on handle
for spare blade
175071: Tool with blade
* For 66-type terminals
e Size: 5.2"Lx 1.5'"W x 1.0'H
324014: Tool with blade
* For 110-type terminals
- Sive: 5.8 % 17W X1 2H
175089: Punch-down blade 110-type terminals
324021: Punch-down blade 66-type terminals

175089

175071

Deluxe Precision Knife Set

« Three different knife handles —
fine work, medium and heavy
duty power grip

e Size: 6.3'L x 2.8'W x 1.4'H

Includes: 13 types of blades

Part No.  Description 1 10 100
72768 13 blade knife set ........... $8.95 $7.95 $6.95

5" Steel Hemostats
e Grade 410 A.l.S.I.

Part No.  Description 1 5 stainless steel

175071 Tool with 66 blade .................. $20.95 ¢$27.95 ° Three locking positions 115115

324014  Tool with 110 blades? ................ 29.95 27.95 PartNo. CrossRef. No. Description 1 10 100

175089  Punch-down blade 110 ................ 9.95 8.95 115107 HEMO1 Straight ... $3.95 $2.95 $2.49

324021  Punch-down blade 667 ............... 9.95 8.95 115115 HEMO2 Curved.....3.95 2.95 2.49
30 AWG Wire Wrap/Strip Tools Metal Dial Calipers

Recommended for use on Choose Metric or Inches

0.025" (0.63mm) square ¢ For accurate 116126

posts on 0.100" (2.54mm)

center grids. The first 1-1/2 loop
on the modified tool has wire
insulation while all loops on a
regular tool have bare wires.

» Knurled handle for easy grip

242798

measurements every time
* Measures outside,
inside and depth
» Easy-to-read dial gauge
e Length: 6" (150mm)
¢ Materials: metal e« Color: silver

* 5"long Regular Modified |nejydes: Fitted plastic storage case
Part No. Description 1 5 Part No. Description (min. reading) 1 5 25
242801  Tool (regular) ...cocooeeereeneen. $19.95 $18.95 116134  Metric (.02 mm) ........... $25.95 $23.95 $21.95
242798  Tool (modified) .....ocovevervreenienne 22.95 21.95 116126  Inches (.001 inch) .......... 25.95 23.95 21.95
242827  Replacement tip (242801) .......... 7.95 7.29 684449  Metric/Inches ................ 27.95 25.95 23.95
242819  Replacement tip (242798) .......... 7.95 7.29 . - R .
242835  Replace stripper assembly .......... 5.95 5.49 Dlg“al nlsplav callper

. Metric and Inches
Jov>  Strip-Wrap-Unwrap Tools . gomeq

* Tool tip made of
tempered steel

» Spring steel cutter

 Use with 30 AWG
wire on .025" square posts

* No solder necessary, see pg 57 for wire

* Wrap 1 to 2 turns of insulated portion of wire for

34585

secure connections  *4.5" long
Part No.  Product No. 1 5
34585  HSM30 (Modified) ................... $49.95  $44.95
236785 HSR30 (Regular) .......cccooevevvenens 20.95  25.95

1/4-Watt & 1/2-Watt Resistor &

Capacitor Lead Forming Tool

» Watt size indicates
appropriate package size
* Bends lead length
in 0.05" increments
e Lead spacing: 1/4W: 0.4"-1.5"; 1/2W; 0.5"-1.5"
o Size: 5.4'Lx1.5'W

stainless steel

« Display: inches to
0.001; mm to 0.01

* Instructions for making internal, external, depth & step
measurements * One-year warranty

e Calipers measure to 6 inches/150mm

Includes: Fitted case and 1.5V silver oxide battery
(replacement battery, P/N 140783, pg 146)

Part No.  Description 1 5

127482  Digital disp. caliper ......c...c.e... $39.95 $36.95

‘ * Calipers — Enter Web Code PAQ ‘
IC Pin Straightener

Straighten bent pins safely

and easily with Jameco’s

IC pin straightener.

« Straightens 8/14/16/18/20/24/28/40/42-pin ICs

» Materials: black plastic e Size: 3.3'L x 1.5"W x 0.4'H
Includes: Ground terminal

T-Handle Reamer Tool

Excellent for aluminum chassis work
* For enlarging starter holes on panel

mount components from

1/8" to 1/2" diameter
» T-handle for easy rotation of tool
* Handle: 3.3" long, tool: 5.3" long
Part No.  Description 1 10
151750 T-handle reameré ..................... $7.95 $6.95

4-Piece Steel Tweezer Set

* 4 styles of stainless steel tweezers, one self-locking
« |deal for picking up small components
in hard-to-reach places

Part No.  Description 1 10 100
10735  4-piece tweezer set ....... $5.95 $5.49 $4.95

*Tweezer Sets — Enter Web Code FAA

Tweezers /| || //

252929: Straight round tapered, i/
fine-point tip, stainless steel
253092: Curved fine-point tip

252938: Self-closing reverse- 1
action tweezers; medium point tip; stainless steel

253113: Fine-point tip, insulated, anti-static

252912: Straight fine-point tip

Part No. Length Photo 1 10 100
252929 475" 1 e $2.95 $2.49 $1.95
253092 46'R 2 e 2.95 2.49 1.95
252938 4.30'% 2 e 2.95 2.49 1.95
253113 475'R 3 2.95 2.49 1.95
252912 4.75'R 4 2.95 2.49 1.95

4-Pc. Conductive SMD Tweezer Set

* 4 types of tweezers: fine point, flat head for 4mm
SMD chip device, flat head for 8mm SMD chip
device, sharp angled tip e Each is 4.5" long

Part No.  Description 1 10

172638  4-piece tweezer set .................... $9.95 $8.95

Vacuum Tweezers

Pick & place small parts

of all kinds: glass slides,

coins, optics, SMDs,

film, etc.

e Size: 2.9'L x 0.6'W

¢ One-year warranty

Includes: 5 pads sizes 0.14" to

0.4" 5 straight tips and 2 pieces 45° angle tips

Part No. Description 1 5
88268 Vacuum pick & place kit .... $39.95 $36.95
PLCC & DIP IC Extractors

| *Web Code: MAB
e Size:

40Lx2.0W 4576 16838

Part No.  Mfr. Part No. Description 1 10 100
Part No.  Description 1 10 Part No.  Description 1 10 100 16766 HT103B PLCC ... $3.95 $3.49 $2.95
106884  1/4W & 172W ...coovvoe $4.95 $4.49 99363 IC straightener ............. $7.95 $6.95 $5.95 16838 HT103A DIP e 165 149 1.25
& RoHS compliant product ~ + This product is available in both RoHS and non-RoHS versions. Add an “R” before part number for RoHS version.  Details on page 190.
160  Order by Phone 24/7 at 1-800-831-4242 or Online at www.Jameco.com JAM ECO.:
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