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Precision 5 Diopter 
Magnifying Lamp

The arm extends to 40", is adjustable
to any direction or angle, and has
a 5 diopter lens. This is the per-
fect tool to help identify small 
electronic components and 
magnify a printed circuit board 
to help solder electronic components.
• 5" diameter lens           • Weight: 7.1 lbs.
• Power requirement: 110VAC/60Hz
Includes: 22W circuline fluorescent bulb
Part No. Description 1 5

197456 Magnifying lampR .................... $99.95 $89.95

3X, 3-Bulb Magnifying Lamp
Three 9-watt compact 
fluorescent bulbs located 
at the side and top of the 
lens provide superior 
lighting to your workspace or job at hand.
The integral spring-balance arm reduces 
the chance of pinched hands from springs, 
and provides a sleek clean look.
• Adjustable 3-diopter lens   • 7" x 4.5" rectangular lens
• 47" long arm • 2 on/off buttons
• Color: beige • UL listed • Weight: 8.15 lbs.
Part No. Description 1 5

217517 Adj. magnifying lamp .............. $89.95 $84.95

3X Magnifying Lamps
• 5" Dia. lens      • 45" extension arm
• Supplied w/ 22-watt circuline tube
• Extra strong, all-metal

mounting base with 
electrical outlet

• New wire clip design permits easy installation       
• Metal bulb holder for extra protection  • 3-diopter lens   
• Power reqirement: 110VAC/60Hz • Weight: 7.3 lbs.
Part No. Description 1 5

100829 Black lamp ............................... $59.95 $54.95
149981 White lamp ................................ 59.95 54.95

1955052

DMagnifying Lamps — Enter Web Code DAW

KLIP-ON Deluxe 
3X Magnifying Lamps

Ideal for limited workspaces 
in home or office. 
• High quality 3.5" Dia. glass  

lens w/ dust cover
• Heavy duty 2" spring loaded clamp
• Super bright 13 watt fluorescent 

bulb  (6400 Kelvin) included      • Weight: 2.0 lbs.
• 16" gooseneck-directs light in any directions
Part No. Mfr. Part No. Color 1 5

1955044 LUX250W White ................ $34.95 $31.49
1955052 LUX250B Black ................... 34.95 31.49

Standard Adjustable 
3X Magnifying Lamp

• 4" Diameter lens
• Maneuverable 30" arm extension
• Lamp tilts & turns in any direction
• Uses 60W incandescent bulb (not included)
• Power requirement: 110VAC/60Hz
• 3-diopter lens     • Weight: 2.9 lbs.
Part No. Description 1 5

22710 Magnifying lamp ...................... $26.95 $23.59

Anti-Static Wrist Strap
• Comfortable, adjustable 

black Velcro wrist strap
• The coiled grounding cord 

has banana plug and alligator clips
• Extended cord: 9' long
Includes: 1MΩ resistor for added safety
Part No. Description 1 10 100

34552 Wrist strapR ................. $6.95 $6.49 $5.95

Conductive Anti-Static 
Foam and Bags

Don’t get zapped! 
Protect your investment with these 
inexpensive bags and ensure a safe 
work area with our conductive anti-static foam.
13864: 24.0"L x 12.0"W x 0.25"H
Part No. Description 1 10 100

13864 Anti-static foam ............. $10.95 $9.95 $8.95
249519 4" x 6" anti-static bags ......... .49 .39 .29
249527 5" x 7" anti-static bags ......... .59 .49 .39
78650 8" x 10" anti-static bags ....... .69 .59 .49

13864
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Anti-Static Work Mats
Make your work environment
safe from static discharge!
These mats are made of 
attractive semi-conductive
vinyl that provide adequate
discharging, yet will not short leads or pins.
Part No. Dimensions Wt. (lbs.) 1 10 100

10576 11.3" x 22"R 0.7 ..... $8.95 $7.95 $6.95
10584 19.5" x 23.5"R 1.1 ..... 13.95 12.49 10.95
236541 23.5" x 27.5"R 1.4 ..... 25.95 22.95 19.95

236541

Anti-Static Heel Strap
• Discharges static without 

restricting your mobility
• Ground strap: 15.5"L  
Part No. Description 1 10 100

100328 Heel strapR .............. $5.95 $5.49 $4.95

3X Flexible Neck Magnifier
• 3.5" diameter & 3x diopter lens
• Flexible gooseneck with 

workbench clamp
• Arm length: 20"      
• Weight: 1.8 lbs.
Part No. Description 1 5

239548 Flexible neck magnifier ....... $10.95 9.95

Anti-Static Plastic DIP IC Storage
Tubes and Rubber Rail Stops

29516: Thin tube (rail) fits 8, 14, 16, 18, 20 and
22-pin ICs 300 mil • Length: 23.75"
29583: Rubber stops used to plug plastic rail ends

� Order in multiples of 10

Part No. Cross Ref. No. Description 1 10 100

29516 RIC20 Thin rail ...... $.25 $.22 $.19
29583 RRS Rubber stop .... � .07 .05

29583ICs not included

General Purpose Illuminated 
3X Magnifier

• 3.75"Dia. x 7.5"L
• Great for magnifying fine print
• 75mm diameter lens
• Light requires 2 AA batteries 

(not included, recommend P/N 198707, pg 146)   
Part No. Description 1 5

149542 Illuminated magnifier ................ $4.95 $4.49

24" Joubert Bungee Cord
• Braided jacket cover
• 2.75" steel hook height
• 0.81" steel hook opening
• 0.16" thick PVC coated steel hook
• Blue cord with black coated hook
• Stretches easily to 48"
Part No. Mfr. Part No. 1 10 100

2081668 JBC24 ............................. $.99 $.89 $.69

25-Watt Thermally
Balanced Soldering Iron

The XY200GX is a thermally 
balanced soldering iron 
for the professional 
or hobbyist.
• 120VAC; 6' cord
• 25-watt power consumption
• Interchangeable tips (pg 165) • UL listed
• Length: 8.0"    • One-year warranty
Includes: 1.6mm conical tip 
Part No. Mfr. Part No. 1 5 25

129040 200GX-25WR ............. $13.95 $11.95 $9.95

16 to 30-Watt Variable 
Soldering Iron & Stand

116572: Length: 7.5"  
36329:
• Black anodized steel

base – 5.3"L x 3.3"W
• See below for replacement

sponge (P/N 134631)
• Fits most soldering irons .85" dia.  
Includes: Sponge
Part No. Description 1 5 25

116572 258VL soldering ironR $19.95 $17.95 $15.95
36329 Soldering standR ............ 4.95 4.45 3.95
134631 Sponge (for P/N 36329) .... 2.95 2.59 2.29

36329

134631

116572

25-60-Watt High-Performance, 
Economical Soldering Irons

High-quality soldering irons that are suitable for
both professional & do-it-yourself applications.
• Length: 9"
• 120VAC; 6' cord

with 3-prong plug   
• Tips for P/Ns 224611/224602: 

P/N 226018/226000 conical
• Tip for P/N 195223: P/N 226026
• For additional tips see pg 165
Part No. Mfr. Part No. 1 5 25

224611 200PHG-25WR ............ $10.95 $9.95 $8.95
224602 200PHG-40WR .............. 11.95 10.95 9.95
195223 200PHG-60WR .............. 12.95 11.49 10.49
226018 44-240513 conical tipR ... 1.95 1.59 1.29
226000 44-240517 chisel tipR ..... 1.95 1.59 1.29
226026 44-240617 chisel tipR ..... 1.95 1.59 1.29
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