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R  RoHS compliant product     + This product is available in both RoHS and non-RoHS versions. Add an “R” before part number for RoHS version.     Details on page 190.

668297

170457

Solder Bars, Rolls and Pocket Packs
% Composition Pricing

Part No. Manufacturer Tin Lead Silver Copper Gold Dia. L" Wt. (lbs.) Type† 1 10

73576 Kester 60 40 — — — 0.031" — 0.5 2 $3.25 $2.95
32117 Kester 60 40 0 — — 0.031" — 1.0 1 25.95 22.95
141786 Super 60 40 0 — — 0.031" — 1.1 1 19.95 17.95
94570 Kester 60 40 — — — 0.05" — 1.3 2 3.49 3.19
176057 ValuePro 60 40 — — — — 13 1.1 4 20.95 18.95
73605 Kester 62 36 2 — — 0.02" — 0.35 2 3.79 3.39
151474 Kester* 63 37 0 — — 0.031" — 1.0 1 27.95 24.95
115433 Kester 63 37 0 — — 0.039" — 0.07 3 .99 .85
170465 ValueProR 63 37 — — — — 13 1.8 4 19.95 18.95
668262 ValueProR 96.3 — 3.2 0.5 — 0.04" — 0.6 1 25.95 23.95
668297 ValueProR 96.3 — 3.2 0.5 — 0.04" — 1.1 1 49.95 44.95
1945858 VariousR 96.5 — 3.0 0.5 — 0.02" — 1.1 1 27.95 25.95
668271 ValueProR 96.5 — 3.5 — — 0.04" — 0.6 1 29.95 26.95
668318 ValueProR 96.5 — 3.5 — — 0.04" — 1.1 1 59.95 54.95
668422 ValueProR 96.5 — — — 3.5 — 13 2.2 4 69.95 65.95
170457 VariousR 99.3 — — 0.7 — 0.031" — 0.06 2 2.49 2.25
209075 VariousR 99.3 — — 0.7 — 0.31" — 1.0 1 19.95 18.95
668078 ValueProR 99.3 — — 0.7 — 0.04" — 0.6 1 15.95 13.95
668406 ValueProR 99.3 — — 0.7 — — 13 2.2 4 49.95 47.95

* Organic core        † 1. Roll   2. Packet   3. Coil   4. Bar

115433

5' Desolder Braids 
Part No. Mfr. Mfr. Part No. Description W" 1 10

139951 Techspray 1814-5FR No-Clean, Military & NASA certified .030 $3.59 $3.29
124126 Techspray 1815-5FR No-Clean, Military & NASA certified .055 3.59 3.29
124118 Techspray 1816-5FR No-Clean, Military & NASA certified .075 3.59 3.29
263708 Techspray 1817-5FR No-Clean, Military & NASA certified .098 3.95 3.59
263695 Techspray 1803-5FR Pro Wick, Pure Rosin .075 2.95 2.59
263599 Techspray 1804-5FR Pro Wick, Pure Rosin .098 3.29 2.95
263581 Techspray 1511-5FR Pro Wick, Pure Rosin with bobbin .098 3.29 2.95
41082 ValuePro GISW20R Solder wick braids .079 1.89 1.69
41100 ValuePro GISW25R Solder wick braids .098 1.99 1.79
153462 ValuePro GSR104DR Solder wick braids .120 2.25 1.95

PV Jr. Vise
• Jaw size: 1" wide x 2" long; opening: 2.8" 
• Jaw heat tolerance: 350˚F
• Vertical/horizontal jaw grooves 
• Fine/course adjusting knob
• The vise neck tilts, turns and rotates   
• Vise height: 6.8" • Weight: 1.4 lbs.
• Base bolt is 4.3" and fits all PanaVise base mounts
Part No. Mfr. Part No. 1 5

134439 PVJR 201R .......................... $26.95 $24.95

DWeb Code: DAG

170465

Clip-On Heat Sink
• Absorbs and dissipates heat during

soldering and desoldering
sensitive parts

• Size: 2.7"L x 0.7"W
Part No. Product No. 1 10 100

159126 HT156 ......................... $2.95 $2.59 $2.29

Acid Brush
• Used for application 

of reactive solvents
Part No. Description 1 10 100

153322 Metal handle, 6"R .......... $.65 $.55 $.45

Plastic Pump Bottle
• 6 oz. bottle          
• ESD compliant
• Plastic bottle with dispenser cover
Part No. Mfr. Part No. 1 10 100

158131 450R ........................... $9.95 $8.95 $7.95

Heat Sink & Soldering Aid Kit

100378: Heat sink absorbs and dissipates 
heat during soldering & desoldering of sensitive parts
100503 Includes: Soldering wick, 3 pc. scraper set,
acid brush, clip-on heat sink and empty squirt bottle
Part No. Description 1 10 100

100378 Heat sink ....................... $.49 $.45 $.39
100503 7-piece soldering kit ....... 6.95 6.29 5.49

100378 100503

Third Hand Tools
• Two adjustable arms with 

alligator clip jaws
• Quick and 

easy rotation
• Sturdy, heavy base   
Part No. Description Wt. (lbs.) Size 1 5

72865 With holder/spongeR 1.4 2.0"  $8.95 $7.95
681002 With holder/sponge 1.7 3.5".... 8.95 7.95
26690 Third hand 1.4 2.0".... 5.95 5.49

DWeb Code: TADClamp Vise
• No tools needed — 

finger turn to tighten
• Ball cup allows vise to

adjust to any angle
• Nylon jaws open 2"
• Size: 10.0"L x 2.5"W     • Weight: 2.1 lbs.
Part No. Mfr. Part No. 1 5

127167 OR-307 ................................ $19.95 $17.95

Rapid Assembly Circuit Board Holder
• 8 positions rotating adjustment, six 

positive lock positions in the vertical
plane and height adjustment for quick
board rotation speeds

• Holds circuit boards from 1/8"
(3.2mm) to 12" (304.8mm) wide 
and up to 5/32" (4mm) thick

• Arms move independently
• 10" high (from base to top of vertical shaft)
Part No. Mfr. Part No. Weight 1 5

684844 333R 6.4 lbs. ........ $79.95 $75.95

Electronic Work Center
• Circuit board holder, standard base,

tray base mount, solder station,
sponges and wire holder included

• Size: 8.5"W x 7.8"H
• Weight: 5.3 lbs.
• One-year warranty
Part No. Mfr. Part No. 1 5

27060 324R ................................... $89.95 $79.95

Multi-Purpose Work Center
• Jaws open to 9"
• Double action extra wide 

self-centering heads allow fast
opening and closing; centered 
weight allows jaws to hold heavier
objects; plates can be reversed to
close together; reversible jaw pads feature 
ribbing on one side and a V groove on the other

• Base has three 1/4" countersunk mounting holes
• Overall base diameter is 8.5"
Part No. Mfr. Part No. 1 5

684852 350R ................................... $89.95 $84.95

Vacuum Base Vise
• Head moves through three planes: 

210˚ tilt, 360˚ turn and rotation
• Grooved jaws are made of reinforced

thermal alloy and open up to 2.9"
• Fine/coarse adjustment 
• Jaw size: 2"H x 1"W • Base dia.: 3.4"
• Overall height: 7.5"H • Weight: 0.8 lbs.
Part No. Mfr. Part No. 1 5

251791 209 ...................................... $39.95 $35.95

DWeb Code: ABD

139951

263695

681002

Vacuum Base Vise
• Features the patented "split ball" that tilts, 

turns and rotates through three planes
• Powerful suction pad for quick and 

easy set-up     • Weight: 3.3 lbs.
• Nylon jaws open 2.25"
• Size: 5.0"L x 4.0"W x 6.3"H
• One-year warranty
Part No. Mfr. Product No. 1 5

262116 ValuePro GV-300R ........... $39.95 $35.95
27131 PanaVise M381R ................ 59.95 57.95

DWeb Code: TAD

262116

Angled Bottle
An 8 oz. squeeze bottle made 
of polyethylene plastic that is 
ESD safe. Nozzle is angled 
making it easier for application 
in tight places.
Part No. Product No. 1 10

667471 RD-7827B .............................. $6.95 $6.19

141786




