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DCameras — Enter Web Code MBB

Waterproof Tube-Style 
IR Color Camera

NTSC Format
• For indoor and outdoor use
• 1/4" CCD image sensor  
• 420 horizontal line resolution
• 59.94Hz vertical frequency
• Scanning system: 2:1 interlace
• 0 lux w/ 20 IR LEDs
• 512(H) x 492(V)
• Internal synchronization
• Up to 1/100,00 sec. electronic shutter
• Auto white balance and gain control
• 880 ~ 940nM infrared wavelength
• Video output: 1Vp-p, 75Ω • S/N ratio: >48dB
• 4.3mm lens with F1.8 • Size: 2.1"Dia x 3.8"L
Requires: 12VDC @ 160mA power supply 
(recommend P/N 162996, pg 122)
Includes: Mounting hardware
Part No. Mfr. Part No. 1 10

319901 15-CM25WM ...................... $169.95 $149.95

Color Dome Cameras
• 512H x 492V
• Video output: 1Vp-p, 75Ω
• NTSC format
• 319855/171037: 3.6mm lens 

with F2.0; 1581396: 4mm lens
• Horizontal line resolution: 

319855 - 380 lines; 
171037 - 330 lines; 
1581396 - 420 lines

• Lux: 1581396 - 0.1; 
171037 - 2

Part No. Product No. Description Price

319855 15-2400CTD 1/4" CCD, 2.4GHz wireless ..... $149.95
171037 15-CD25-1 1/4" CCD, mini ........................ 99.95

319855

171037

2.4GHz Wireless Weatherproof Color Camera with PIR
• NTSC format   
• 1⁄4" CCD image sensor
• For indoor and outdoor use
• 380 horizontal line resolution
Includes: 12VDC @ 500mA power supply and mounting hardware
Part No. Mfr. Part No. Audio Output Video Output Size (W x D x H) 1 5

319871 15-2400CTH 2Vp-p max 1Vp-p, 75Ω 4.2" x 5.0" x 4.8".................. $169.95 $149.95

• 3 lux with F2.0; 0.5 lux with F1.2
• Transmitter output power: 10mW
• Output impedance: 50Ω typical
• Pulse counter w/ automatic reset

CMU Camera
• Tracks the position and size 

of a colorful or bright object
• Measures the RGB or YUV 

statistics of an image region
• Dumps a bitmap showing 

the shape of the tracked object
• Automatically acquire and tracks the first object it sees
• Dumps a complete image over the serial port
• Physically tracks using a directly connected servo
• Supports multiple CPU boards on 

one camera for parallel processing
Part No. Description 1 5

358467 3.5" color LCD monitor� ... $139.95 $124.95
� Blue Part No. = Limited Quantity Available

60mm Solar Panel
• Clear coat plastic
• Voltage output: 

4.7VDC to 5VDC
• Power output: 0.25W max.
• Size: 2.36"L x 2.36"W x 0.1"Thick 
• Material: copper indium diselenide
Part No. Description 1 10 100

1928142 Solar panel .................... $7.95 $6.95 $6.25

Photovoltaic Mini Module
DWeb Code: AEK

Flexible Thin Film Solar Modules

Operating Operating Size (L x W x T) Pricing
Part No. Mfr. Part No. Voltage Current (mA) Inches mm 1 10 100

227985 SP3-37 3.0 22 2.5 x 1.5 x .01 64 x 37 x 0.2 $3.95 $3.49 $3.15
227993 TX3-25 3.0 25 4.5 x 1.0 x .01 114 x 25 x 0.2 3.95 3.49 3.15
171061 MP3-37 3.0 50 4.5 x 1.5 x .01 114 x 37 x 0.2 5.95 5.35 4.79
228013 MPT3.6-75 3.6 50 2.9 x 3.0 x .01 74 x 75 x 0.2 7.95 6.95 6.45
228030 SP4.2-37 4.2 22 3.3 x 1.5 x .01 84 x 37 x 0.2 5.95 5.35 4.79
228056 MPT4.8-150 4.8 100 3.7 x 5.9 x .01 94 x 150 x 0.2 17.95 16.95 15.25
228064 MPT6-75 6.0 50 4.5 x 3.0 x .01 114 x 75 x 0.2 12.95 10.95 9.95
228072 MPT6-150 6.0 100 4.5 x 5.9 x .01 114 x 150 x 0.2 19.95 17.95 15.95
228099 MP7.2-150 7.2 200 10 x 5.9 x .02 253 x 150 x 0.6 39.95 35.95 31.95
228101 MPT15-75 15.4 50 10 x 3.0 x .02 253 x 75 x 0.6 19.95 17.95 15.95
228110 MPT15-150 15.4 100 10 x 5.9 x .02 253 x 150 x 0.6 39.95 35.95 31.95

Operating Operating Size (L x W x T) Pricing
Part No. Mfr. Part No. Voltage Current (mA) Inches mm 1 10 100

228161 P7.2-75 7.2 100 10.3 x 3.9 x .04 270 x 100 x 1.1 $34.95 $31.49 $28.25
228179 P7.2-150 7.2 200 10.3 x 6.9 x .04 270 x 175 x 1.1 49.95 44.95 39.95
228195 PT15-150 15.4 100 10.3 x 6.9 x .04 270 x 175 x 1.1 54.95 49.45 44.49
228208 PT15-300 15.4 200 10.3 x 12.8 x .04 270 x 325 x 1.1 99.95 89.95 79.95

Wireless Electronics Series
The Wireless Electronics Series offers a new opportunity to solve the old problem 
of limited power for wireless electronics in portable and remote applications. 
This module is lightweight, paper thin and durable.

Mini-Panel Solar Cells
Ready to Use! No Soldering
Encapsulated mini-panels 
utilize solar cells similar to 
those that power our 
satellites in space, yet they
are safe and simple to use. 
Mini-panels allow for 
handling without the normal 
breakage and cell damage 
associated with fragile solar
cells. 6" red/black lead wires
attached. Modules may be
connected to create 
different outputs.
• Connection: lead
Part No. Cross Ref. VDC @ mA Size (L x W) 1 10

200221 SOL4 2.0 @ 200 3.0" x 3.7" ... $10.95 $9.95
215319 4-3.0-100 3.0 @ 100 3.8" x 2.5" ..... 11.95 10.95
215327 4-6.0-50 6.0 @ 50 3.8" x 2.5" ..... 14.95 13.49

200221

215327

DWeb Code: MPS

DWeb Code: QEM

228013

WeatherPro Series
The right choice for permanent outdoor applications that are directly exposed to the elements.
These modules features rugged construction, a UV-stabilized surface, an extra edge
seal for weather protection, and tin-coated copper leads that extend from the module. 228161

Solar Products

H-Racer 2.0
Build and drive your own hydrogen fuel cell car!
Discover a new generation of  H-Racer, including 
a new hydrogen refueling station and solar 
panels! Ride the wave of the future with 
the new H-Racer 2.0.
• The world's smallest hydrogen fuel cell car
• New remote control steering
• Size: 6.13"L x 2.75"W x 2.0"H
Requires: 2 AA batteries (not included, recommend P/N 198707, pg 146)
Part No. Product No. Description 1 5

2095007 PCJJ-23 Intermediate level, 17-pieces ......... $119.95 $109.95

Alternative Energy Kit
Discover the science of clean renewable energy! Combine 
solar, wind and fuel cell technology to create a miniature 
renewable energy system. With the renewable energy 
education set, you learn and visualize the workings 
of clean energy principles!
• Combine electronics, chemistry & physics in one kit
• Electric fan module • Solar cell module
• Hydrogen fuel cell module
• Water electrolyzer module • Wind turbine module
Part No. Product No. Description 1 5

2095015 FCJJ-27 Intermediate level, 56-pieces .......... $199.95 $194.95




