RoHS e Dot Matrix Displays & Replacement Lamps

Avaco VA 9 Marktech LITE@L % Texas INSTRUMENTS
LED Dot Matrix Displays (5x7, 5x8 & 8x8 Arrays) 5x7 5x8 8x8
Dot Matrix &8 Dot Matrix Dot Matrix 8 o
| Character | Array Pins/ Typical Typical gth | Pricing

Part No. Manuf er Product No. ! Height ! Illuminated Color Polarity* Leads Vi @ If (mA) mcd @ mA nm 1 10 100
218843 Various CSM57041T-11 : 0.7" : Red 5x7 CC/AR 12 1.8@20 8.0@20 660 $2.49 | $1.95| $1.75
118906 Lite-On LTP747R : 0.7" : Hi-eff. Red 5x7 AC/CR 12 20@20 20@80 655 2.95 2.25 1.89
2005420 Lite-On LTP-747C 1 0.7"  1AlGaAs Red 5x7 AC/CR 12 1.8@20 5.8@80 660 249| 1.95| 1.75
2005471 Lite-On LTP-757KR : 0.7" :AIInGaP Super Red 5x7 CC/AR 12 20@20 34@32 639 2.95 2.25 1.89
2005454 Lite-On LTP-747E : 0.7" : Orange 5x7 AC/CR 12 20@20 20@80 630 225| 1.75| 1.49
2005497 Lite-On LTP-757G# : 0.7" : Green 5x7 CC/AR 12 21@20 20@80 565 1.95 1.75 1.25
1955061 Lite-On LTP-1457AHR : 1.2" : Hi-eff. Red 5x7 AC/CR 14 20@20 40@80 635 3.49| 2.95| 2.25
1955079 Lite-On LTP-1557AHR : 1.2 : Hi-eff. Red 5x7 CC/AR 14 21@20 40@80 565/630 3.49 2.95 2.49
335281 ValuePro UJ1141-21-EWRN + 1.2" 1 0range 5x7 CC/AR 14 21@20 46@10 635 3.49 2.95 2.25
2005518 Lite-On LTP-1557AKAR : 1.2" :AIInGaP Red Orange 5x7 CC/AR 14 2.05@ 20 3.8@80 621 2.95| 2.49| 1.9
1955087 Lite-On LTP-1257AA-01 : 1.2" : Green/Red Orange 5x7 AC/CR 20 2.12.0@20 40@80 565/630 3.49| 2.95| 249
1955095 Lite-On LTP-1057AE : 1.24" : Red Orange 5x7 AC/CR 14 20@20 40@80 630 3.95| 3.25| 225
2005745 Lite-On LTP-1057AGNBs2 : 1.24" : Green 5x7 AC/CR 14 21@20 40@80 565 2.95 2.49 1.95
1955108 Lite-On LTP-1057AHR : 1.54" : Hi-eff. Red 5x7 AC/CR 14 20@20 40@80 635 3.95( 3.25| 2.59
308144 Ledtech LT5763-M1EWRN 1 1.54" 1Red/Green 5x7 AC/CR 20 1721 @20 10.8/20@ 10 660/567 3.95 3.25 2.25
1955132 Lite-On LTP-2157AHR-RD : 2.0" : Hi-eff. Red 5x7 CC/AR 14 20@20 48 @80 635 3.95| 3.35| 2.89
2005753 Lite-On LTP-2057AE : 2.0" : Orange 5x 7 AC/CR 14 20@20 48@80 630 3.95| 3.35| 2.89
1955116 Lite-On LTP-2157AE : 2.0" : Orange 5x7 CC/AR 14 20@20 48 @80 630 3.95| 3.35| 249
335290 ValuePro UJ2041-21 EWRN : 2.0" : Orange 5x7 CC/AR 14 21@20 6.0@10 630 3.95 3.35 2.89
206560 Lite-On LTP-2157AG : 2.0" :Green 5x7 CC/AR 14 21@20 48@380 565 3.95| 3.35| 249
2077351 Lite-On LTP-2657AA : 2.0" : Green/Red Orange 5x7AC/CR 28 2120@20 48@80 565/630 3.95| 3.35| 2.89
1955159 Lite-On LTP-2757AA 1 2.0" 1 Green/Red Orange 5x7 CC/AR 28 2.12.0@20 48@380 565/630 3.95| 3.35| 249
2005761 Lite-On LTP-3057AC : 3.0" :AIGaAs Red 5x 7 AC/CR 14 3.6@20 20 @ 80 660 449 3.95| 3.39
1955167 Lite-On LTP-4157AE : 4.0" : Orange 5x7 CC/AR 14 40@20 96 @ 80 630 4.95 4.19 3.59
1955175 Lite-On LTP-4157AG : 4.0" :Green 5x7 CC/AR 14 42@20 96 @ 80 565 495 4.19| 3.49
183265 Ligitek LMD5821ASR-207% : 2.3" : Red 5x 8 CC/AR 14 1.7@20 105@10 660 3.95 3.59 3.19
1955183 Lite-On LTP-2158AHR : 2.3 : Hi-eff. Red 5x 8 CC/AR 14 21@20 40@48 635 295| 249 1.95
1955191 Lite-On LTP-2158AY 1 23" aYellow 5x 8 CC/AR 14 21@20 48@80 585 3.95 3.59 2.75
1955204 Lite-On LTP-2458AA-NB : 2.3" : Green/Red Orange 5x 8 AC/CR 28 2.12.0@20 48 @80 565/630 3.95| 3.59| 275
1955212 Lite-On LTP-2558AA : 2.3" :Green/Red Orange 5x 8 CC/AR 28 21/2.0 @20 48@80 565/630 3.95| 3.59| 275
1955221 Marktech MTAN6385-AHRG ! 0.85' !Hi-eff. Red 8 x 8 AC/CR 24 21@20 74@20 635 3.95| 3.59| 2.75
* AC-Anode Column / AR-Anode Row / CC-Cathode Column / CR-Cathode Row

LED Dot Matrix with Decoder Driver (4x7 & 5x7 Arrays) Alphanumeric & Hexidecimal 47 Hex | 5x7 Alpha

* Supply voltage: 5V Character Character

:Charanler: No. of Array Pins/ Typical Wavelengtt Pricing

Part No. Manufacturer Product No. ' Height l Illuminated Color Ch t Polarity Leads med nm 1 10 100
1548844 | Avago HCMS-2903%2 : 0.15" : Green 4 (1x4) 5x 7 Alpha 12 0.114 568 $19.95 | $18.95 | $17.95
1551269 | Avago HDSP-2532%# : 0.18" : Hi-efficiency Red 8 (1x8) 5x 7 Alpha 30 7.5 635 32.95| 31.95| 29.95
1551251 Avago HDSP-2531% 1 018" 1 Yellow 8 (1x8) 5x7 Alpha 30 7.5 583 32.95| 31.95| 29.95
1584301 Avago HDSP-2111# : 0.20" : Yellow 8 (1x8) 5x 7 Alpha 28 7.5 583 32.95| 31.95| 29.95
1551120 | Avago HDLG-2416% ; 0.20' | Green 4 (1x4) 5x7 Alpha 18 5.6 568 19.95| 18.95| 17.95
32951 Texas Instruments | TIL311 1 027" | Red 1 4 x 7 Hex 14 0.1 660 19.95 | 17.95| 15.95
1584327 | Avago HDSP-2503%2 : 0.27" : Hi-efficiency Green 8 (1x8) 5x7 Alpha 28 7.5 568 34.95| 33.95| 31.95
1551189  |Avago HDSP-0762 & : 0.29" ! Hi-efficiency Red 1 4 X 7 Hex 8 0.14 635 34.95| 33.95| 31.95
Multi-Chip, Bayonet and Cluster Based LED Replacement Lamps

585 Series Non-Polarized ,

 Low current draw — 90% less energy than incandescent  No heat generated J'M) Multi- Chip Based

* Mounts directly into industry standard socket * Long life — up to 100k hours EXCLUSIVE

Multi-Chip Based LED T1 - Midget Flange

: Nominal : Forward Intensity Wi g Pricing

Part No. Product No. Color : Voltage ! Current (mA) typ. (med) typ. (nm) 1 10 100

392681 | 585-4123 Green R I 14 550 630 $2.95 $2.59 $1.95 392681 392702
392690 585-4125 Yellow o 20 530 630 2.95 2.5 1.95 Bayonet Based

392702 585-1225 Red : 28 ! 45 350 625 2.95 2.59 1.95 >,
Bayonet Based LED T3 O’

: Nominal : Forward Intensity Wavelength Pricing h

Part No. Product No. Color : Voltage : Current (mA) typ. (mcd) typ. (nm) 1 10 100

304476 | 585-4123 Red VIR 20 550 630 $2.95 $2.50 | $1.95 394476 394493
394493 585-4125% Red ! 28 ! 14 350 630 2.95 2.59 1.95 | Cluster-Based LED continued on next page

* For Complete Specs & Additional Product Listings Search www.Jameco.com/More and Enter Web Code Listed Above
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