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Order by Phone 24/7 at 1-800-831-4242 or Online at www.Jameco.com

DFor Complete Specs & Additional Product Listings Search www.Jameco.com/More and Enter Web Code Listed Above

Bonded-Pair Cable Prep Tool
The bonded-pair cable preparation tool makes it faster and easier
to prepare cables for connector termination. Ideal for use
with Belden’s IBDN’s DataTwist® 350 bonded pair cables,
providing special features that help separate twisted pairs. It
can be used to prepare any unbonded-pair cable for installation.
Part No. Mfr. Part No. Description 1 5

1941241 1797B009R Bonded-pair cable prep tool ........................... $10.95 $9.95

Twisted Paired Cable – 24 AWG 
• PVC insulation  • Reduced EMI
• Use for hook-up wire • 80°C
• Stranded tinned wire (7 x 32) • 300 V
100 Foot Reel Pricing
Part No. Color 1 5

173164 Black/whiteR $8.95 $7.95
105912 Grn/whiteR 8.95 7.95
173148 Red/whiteR 8.95 7.95

1000 Foot Reel Pricing
Part No. Color 1 5

173172 Black/whiteR $79.95 $69.95
105807 Grn/whiteR 79.95 69.95
173156 Red/whiteR 79.95 69.95

100 Foot Pricing
Part No. Color 1 5

36768 BlueR $6.95 $6.29
36792 BlackR 6.95 6.29
36822 GreenR 6.95 6.29
36856 RedR 6.95 6.29
36881 WhiteR 6.95 6.29
36920 YellowR 6.95 6.29

1000 Foot Pricing
Part No. Color 1 5

36776 BlueR $59.95 $54.95
36805 BlackR 59.95 54.95
36840 GreenR 59.95 54.95
36864 RedR 59.95 54.95
36899 WhiteR 59.95 54.95
36928 YellowR 59.95 54.95

Solid Hook-Up Wire – 22 AWG
• Temperature range: -55°C to +105°C
• Passes UL VW-1 flame test     • MIL-W-16878D type B 
• For use with breadboards such as the JE20 series, pg 168

UL 1007 Stranded Hook-Up Wire
• Voltage: 300V • PVC insulation
• CSA: TR-64 • 80°C
• Temperature range: -40°C to +80°C • Sold in 100' rolls   
Part No. Cross Ref. AWG Color 1 5 10

126085 UL1007-22-BK-CR 22 (7x30) Black ................ $6.95 $5.95 $4.95
126034 UL1007-22-RD-CR 22 (7x30) Red ..................... 6.95 5.95 4.95
126077 UL1007-22-WH-CR 22 (7x30) White .................. 6.95 5.95 4.95
310852 UL1007-22-GR-CR 22 (7x30) Green ................. 6.95 5.95 4.95
310878 UL1007-22-YL-CR 22 (7x30) Yellow ................ 6.95 5.95 4.95
310886 UL1007-22-BL-CR 22 (7x30) Blue .................... 6.95 5.95 4.95
125840 UL1007-20-BK-C+ 20 (10x30) Black .................. 9.95 8.95 7.95
125795 UL1007-20-RD-CR 20 (10x30) Red ..................... 9.95 8.95 7.95
125831 UL1007-20-WH-C+ 20 (10x30) White .................. 9.95 8.95 7.95
310894 UL1007-20-GR-CR 20 (10x30) Green .................. 9.95 8.95 7.95
310915 UL1007-20-YL-CR 20 (10x30) Yellow ................. 9.95 8.95 7.95
310922 UL1007-20-BL-C 20 (10x30) Blue..................... 9.95 8.95 7.95
125787 UL1007-18-BK-CR 18 (16x30) Black ................. 13.95 12.95 11.95
125736 UL1007-18-RD-CR 18 (16x30) Red.................... 13.95 12.95 11.95
125752 UL1007-18-WH-CR 18 (16x30) White................. 13.95 12.95 11.95
310932 UL1007-18-GR-CR 18 (16x30) Green ................ 13.95 12.95 11.95
310949 UL1007-18-YL-C 18 (16x30) Yellow ............... 13.95 12.95 11.95
310958 UL1007-18-BL-CR 18 (16x30) Blue................... 13.95 12.95 11.95

DWeb Code: PAF

DWeb Code: JAS

DWeb Code: EBC

Kynar™ Wire-Wrap Wire – 30 AWG
• Polyvindene Fluoride insulation • Used for prototyping
• Silver plated copper (solid conductor) • UL 1423 
• Temperature: -40°C to +125°C • Passes UL VW-1 flame test
• Wire wrap tools, pg 160 • See pg 18 for sockets 
100 Foot Reel Pricing
Part No. Color 1 5

22542 Blue R $6.95 $6.29
22577 Black R 6.95 6.29
22631 Red R 6.95 6.29
22665 White R 6.95 6.29
22606 Green R 6.95 6.29
22700 Yellow R 6.95 6.29

1000 Foot Reel Pricing
Part No. Color 1 5

22551 BlueR $49.95 $44.95
22585 BlackR 49.95 44.95
22649 RedR 49.95 44.95
22673 WhiteR 49.95 44.95
22614 GreenR 49.95 44.95
22702 YellowR 49.95 44.95

DWeb Code: NAC

Hook-Up Wire – UL/CSA Dual Rated AWM Styles 1007/1569
Applications: Inter-connection circuits, internal wiring of computer and data processing equipment, 
appliances & automotive. Appliance Wiring Material is Underwriter Laboratories’ recognized covering 
of insulated wire and cable intended for internal wiring of appliances and equipment.
• Rated 105˚C, 300V; 600V peak for electronic circuits and electrical equipment     • Tinned copper     • PVC insulated     • 100' reel       � Blue Part No. = Limited Quantity Available
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Mfr. Part No. AWG Stranding

9928-100 28 7 x 34
9926-100 26 7 x 32
9923-100 24 7 x 32
9921-100 22 7 x 30
9919-100 20 7 x 28
9918-100 18 16 x 30
9916-100 16 26 x 30

1 5 10

$23.95 $21.95 $20.95
25.95 23.95 21.95
27.95 25.95 23.95
29.95 27.95 26.95
36.95 34.95 32.95
39.95 37.95 36.95
59.95 55.95 52.95

DWeb Code: YCS

DWeb Code: QCS

Modular Telephone Cable – 28 AWG
• Color coded conductors    
• Flat modular cable • Gray
• 7 x 43 stranded • PVC jacket            
Part No. Cross Ref. No. Conductors Length (ft.) 1 5 10

644666 300-840SL-100 4 100 ................... $5.95 $5.49 $4.95
644674 300-840SL-1000 4 1000 .................. 49.95 44.95 39.95
644691 300-860SL-100 6 100 ..................... 8.95 7.95 6.95
644703 300-860SL-1000 6 1000 .................. 69.95 64.95 59.95
644720 300-880SL-100 8 100 ..................... 9.95 8.95 7.95
644738 300-880SL-1000 8 1000 .................. 89.95 84.95 79.95

DWeb Code: LCG

� Jameco ValuePro 
substitute available above

Bus Bar Hook-Up Wire
• Meets requirements of Federal Specs. QQ-W343G 
• Solid tinned copper, single conductor
• Nominal outer diameter: 24 AWG – .021"; 22 AWG – .026"; 20 AWG – .033"
Part No. Mfr. Part No. Description 1 5 10

734169 8022-100R 24 AWG, 100' reel ................ $22.95 $20.95 $18.95
734170 8022-1000R 24 AWG, 1000' reel .............. 119.95 109.95 99.95
734167 8021-100R 22 AWG, 100' reel .................. 23.95 21.95 19.95
734165 8020-100R 20 AWG, 100' reel .................. 29.95 27.95 25.95

Molded RF Chokes
• Dielectric strength: 1000Vrms
• Injection molded to protect from extreme environment • High Q and high reliability
J.W. Miller 9230 Series Equivalents

J.W. Miller 9250 Series Equivalents

DWeb Code: PBY

Cross
Part No. Ref. No. L (µH)

372453 9250-102 1.0
372461 9250-222 2.2
372470 9250-472 4.7
372488 9250-103 10

Cross
Part No. Ref. No. L (µH)

372496 9250-223 22
372509 9250-473 47
372517 9250-104 100

Qty. 1 10 100
Price $.75 $.65 $.45

Cross
Part No. Ref. No. L (µH)

372525 9250-224 220
372533 9250-474 470
372550 9250-225 2200

Cross
Part No. Ref. No. L (µH)

372285 9230-94 0.10
372293 9230-00 0.15
372306 9230-04 0.22
372314 9230-10 0.39
372322 9230-12 0.47
372331 9230-14 0.56

Cross
Part No. Ref. No. L (µH)

372349 9230-16 0.68
372357 9230-20 1.0
372365 9230-32 3.3
372373 9230-34 3.9
372381 9230-36 4.7
372390 9230-44 10

Cross
Part No. Ref. No. L (µH)

372402 9230-52 22
372411 9230-56 33
372429 9230-64 68
372437 9230-68 100
372445 9230-70 120

Qty. 1 10 100
Price $1.19 $.99 $.79

http://www.Jameco.com/webapp/wcs/stores/servlet/ProductDisplay?langId=-1&storeId=10001&catalogId=10001&pa=372429&productId=372429&keyCode=PDF
http://www.Jameco.com/webapp/wcs/stores/servlet/ProductDisplay?langId=-1&storeId=10001&catalogId=10001&pa=372437&productId=372437&keyCode=PDF
http://www.Jameco.com/webapp/wcs/stores/servlet/ProductDisplay?langId=-1&storeId=10001&catalogId=10001&pa=372445&productId=372445&keyCode=PDF
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